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Automotive Axial-lead and soldering star capacitors

Low-voltage series

125 ... 140 °C 125 ... 150 °C

Ultra compact Very high ripple current

B41690/B41790
25 … 40 V

125 °C / > 5000 h
140 °C / > 2000 h

B41689/B41789
25 … 63 V

125 °C / > 10000 h
150 °C / > 2000 h
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Extremely high ripple current

B41687/B41787
63 V

125 °C / > 4000 h
150 °C / > 1000 h
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Compact High reliability

B41692/B41792
25 … 75 V

125 °C / > 5000 h
140 °C / > 2000 h

B41693/B41793
75 … 100 V

125 °C / > 5000 h
150 °C / > 1000 h
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High-voltage series
125 ... 140 °C

High voltage

B43693/B43793
140 ... 250 V

125 °C / > 2500 h
140 °C / > 1000 h
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